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Combination Meter Sockets
Dimensions and Wiring Schematics

JA0816B1200T / JA0816B1200RT
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Knockout Code — Conduit Sizes
A = 1⁄2
B = 1⁄2, 3⁄4
C = 1⁄2, 3⁄4, 1

D = 3⁄4, 11⁄4, 11⁄2
E = 1, 11⁄4, 11⁄2, 2
F = 3⁄4, 1, 11⁄4
G = 1, 11⁄4, 11⁄2
H = 1, 11⁄4, 11⁄2, 2, 21⁄2
J = 11⁄4, 11⁄2, 2, 21⁄2, 3
K = 1, 11⁄4, 2, 21⁄2, 3
L = 3⁄8, 1⁄2, 3⁄4
M = 3⁄4, 1, 11⁄4, 11⁄2, 2
N = 1⁄4
P = 2, 21⁄2, 3, 31⁄2, 4
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JA0606L1200 / JA0606L1200R / JA0606L1200RA
JA0408B1150T / JA0408B1200T /
JA0408B1150RT / JA0408B1200RT

JA0816B1150CT / JA0816B1200CT /
JA0816B1150RCT / JA0816B1200RCT
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